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FINAL INSPECTION REPORT

High Precision Pinhole

Item #: P1000HK
SN: 0108602

Pinhole Diameter: 1000 £ 10 um
Circularity Tolerance: = 95%
Housing: ©0.5"

Material: 316 Stainless Steel
Coating: Black/Black

Parameter Value
Diameter 1003, um
Circularity 99.9 %
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